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Comment Description Designator Footprint LibRef Quantity
ASM1117-3.3 ASM1 SOT223 VOLTREG1 1

Header 2X2
Header, 2-Pin, Dual 
row BOOT1 SOP_2.54_2*2P Header 2X2 1

CR1220 holder Battery BT1 BAT BATTERY 1

10uF
Polarized Capacitor 
aRadial) C1 C3216A Cap Pol1 1

22uF
Polarized Capacitor 
aRadial) C2 C3216A Cap Pol1 1

104 Capacitor

C3, C5, C7, C8, C9, 
C10, C15, C18, 
C19, C20, C21, 
C22, C23, C24, 
C25, C26, C27

C0805 Cap 17

10uF Capacitor C4, C6 C0805 Cap 2
20pF Capacitor C11, C13 C0805 CAP 2
10pF Capacitor C12, C14 C0805 CAP 2

2.2uF
Polarized Capacitor 
aAxial) C16, C17 C0805 Cap Pol2 2

1N4148
High Conductance 
Fast Diode D1, D2 LED0805 Diode 1N4148 2

0R Resistor J1, J2, J3, J4, J5 R0805 Res1 5
100uH Inductor L1, L2 R0805 Inductor 2

LED
Typical RED, 
GREEN, YELLOW, 
AMBER GaAs LED

LED1, LED2, 
POWER1

LED0805 LED2 3

Header 30X2
Header, 30-Pin, 
Dual row P1, P2 60pin Header 30X2 2

330R Resistor R1, R9, R13 R0805 res1 3

10K Resistor
R2, R3, R4, R5, R6, 
R7, R8, R14, R15, 
R16

R0805 Res1, Res2 10

22R Resistor R10, R11 R0805 Res1 2
1k5 Resistor R12 R0805 Res1 1
RESET RESET aj3X6 SW-PB 1
Header 5 Header, 5-Pin SWD1 F2.54-5P Header 5 1
IS62WV51216BLL-
55TLI U1 TSOP44 IS62WV51216BLL 1

K9F1G08/HY27UF0
81G2A

1G/8bits/3.3V/large 
page/ U2 TSOP48 NAND01GW3B2BN 1

STM32F407ZET6 U3 LQFP144-M STM32F103ZET6 1
AT24C02 U4 SO-G8 AT24C1024 1
SST25VF016B/W2
5Q16 U5 SST25V_Flash SERIAL_FLASH8 1

USB USB1 Micro_USB_M USB 1

8MHz Crystal Y1
HC_49_11.2*4.7*3.
6 CRYSTAL 1

32.768K Crystal Y2 CSA_3.2 CRYSTAL 1
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